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M 1 X0.25 | 0.75 |(0.729)/(0.785) M 9X0.75 8.30 | 8.19| 8.38 M20 X1 19.00 | 18.92]19.15 =)
M 1.1<0.25 | 0.85 |(0.829)[(0.885) M10X1.5 8.60 | 8.38| 8.68 M22X2.5 19.5019.29(19.74 E
M 1.2X0.25 | 0.95 |(0.929)[(0.985) M10X1.25 8.80| 8.65| 8.91 M22 X2 20.00 ] 19.84 | 20.21
M 1.4X0.3 1.10 |(1.075)[(1.142) M10X1 9.00| 892| 9.15 M22X1.5 20.50 | 20.38 ] 20.68
M 1.6X0.35 1.2511.22 1132 M10X0.75 9.30 | 9.19] 9.38 M22 X1 21.00]20.92|21.15 iﬂ
M 1.8X0.35 1451142 | 152 M11X1.5 9.50| 9.38| 9.68 M24 X3 21.00]20.75]21.25 %E
M 2 X0.4 1.60 | 1.57 |1.68 M11X1 10.00 | 9.92|10.15 M24 X2 22.00]21.84|22.21
M 2.2X0.45 1.75 | 1.1 1.84 M11X0.75 |10.30 | 10.19]10.38 M24X1.5 22.50|22.38|22.68 N
M 2.5X0.45 [ 2.10 ] 2.01 2.14 M12X1.75 [10.30 [10.11]10.44 M24 X1 23.00]22.92123.15 ~
M 2.5X0.35 | 2.20|2.12 |2.22 M12X1.5 10.50 | 10.38|10.68 M25 X2 23.00 | 22.84|23.21
M 3 X0.5 250|246 |2.60 M12X1.25 [10.80 | 10.65] 10.91 M25X1.5 23.50 | 23.38 | 23.68
M 3 X0.35 | 2.70]262 |272 M14 X2 12.00 | 11.84 | 12.21 M25 X1 24.00 | 23.92 | 24.15
M 3.5X0.35 | 3.20|3.12 |3.22 M14X1.5 12.50 | 12.38|12.68 M26X1.5 24.50 | 24.38 | 24.68
M 4 Xo0.7 3.30 | 324 |342 M14 X1 13.00 | 12.92]13.15 M27 X3 24.00 | 23.75]24.25
M 4 X0.5 3.50 | 346 | 3.60 M15X1.5 13.50 1 13.38 | 13.68 M27 X2 25.00 | 24.84 | 25.21
M 4.5X0.5 4.00 |39 |4.10 M15X1 14.00 1 13.92|14.15 M27 X1.5 25.50 | 25.38 | 25.68
M 5 X0.8 420|413 | 433 M16 X2 14.0013.84 | 14.21 M27 X1 26.00 | 25.92 | 26.15
M 5 XO0.5 450 | 4.46 | 4.60 M16X1.5 14.50 | 14.38 | 14.68 M28 X2 26.00 | 25.84 | 26.21
M 5.5X0.5 5.00 | 496 |5.10 M16X1 15.00 | 14.92 | 15.15 M28X1.5 26.50 | 26.38 | 26.68
M6 X1 5.00]4.92 |5.15 M17X1.5 15.50 | 15.38 | 15.68 M28 X1 27.00]26.92|27.15
M 6 X0.75 | 5.30|5.19 |5.38 M17 X1 16.00 | 15.92 | 16.15 M30X3.5 26.50 | 26.21 | 26.77
M7 X1 6.00 | 5.92 | 6.15 M18X2.5 15.50 | 15.29 | 15.74 M30 X3 27.00 | 26.75|27.25
M 7 X0.75 | 6.30]|6.19 | 6.38 M18X2 16.00 | 15.84 | 16.21 M30 X2 28.00 | 27.84 | 28.21
M8 X1.25 | 6.80]6.65 |6.91 M18X1.5 16.50 | 16.38 | 16.68 M30X1.5 28.50 | 28.38 | 28.68
M 8 X1 7.00]6.92 |7.15 M18X1 17.0016.92|17.15 M30 X1 29.00 | 28.92]29.15
M 8 X0.75| 7.30]|7.19 |7.38 M20X2.5 17.5017.2917.74 M32X2 30.00 | 29.84 | 30.21
M9 X125 | 780|765 |[791 M20X2 18.0017.84 | 18.21 M32X1.5 30.50 | 30.38 | 30.68
M9 X1 8.00 | 792 |8.15 M20X1.5 18.50 | 18.38 | 18.68
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